v Technical Data Sheet TC2040
>A< Sprinkler HI-FOG 2000 Type C21-57C/0

HI-FOG® | Stock code C61520/0

Blind side (wall side)
identification groove

19,8

Strainer

O-ring (12 x 1,5 NBR 70 Shore)

Thread for assembly
body connection

Sprinkler type code and
batch number stamped on
the sprinkler body

58,7

Discharge nozzles

34,6

Heat sensitive bulb
(inside the cage)

General Body material Brass
Finish Nickel
Mass 0,058 kg
Heat sensitive bulb 57 °C (orange color)
K-factor 3,0 Ipm/bar 25
Installation Location Ceiling, max. 0,7 m from the wall*
Projection Pendent
Max. ceiling height* 5m
Max. spacing* 5m
Typical Marine Public spaces
application
Land Light and ordinary hazard

*) Application specific
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Marioff Corporation Oy reserves the right to revise and improve its products and recommended system configurations as it deems necessary without notification. The information contained herein
is intended to describe the state of HI-FOG products and system configurations at the time of its publication and may not reflect the product and/or system configurations at all times in the future.




